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Features
• Snap-in assembly from mating side and from termination side
• Bus bar within bridge attachements
• Visible bridge position from mating side and from termination 

side
• Fast and easy exchange

Technical characteristics
Number of contacts 5
Insulation resistance >1010 Ω
Limiting temperature -40 ... +125 °C
Mating cycles ≥500
Material (insert) Polycarbonate (PC)
Colour (insert) RAL 7032 (pebble grey), RAL 

3000 (flame red), RAL 5015 
(sky blue)

Material flammability class acc. 
to UL 94

V-0

RoHS compliant

Specifications and approvals
EN 60664-1
IEC 61984
UL 1977 ECBT2.E235076
DNV GL

Yellock

Multiplier


