HARTING Ethernet cabling — cables and connectors, 4 wire

Identification

M12 Female-RJ45
Panel feed-through

4 poles, D-coding
angled

Panel thickness
min. 2.1 mm
max. 4.5 mm

M12 Female-RJ45
Panel feed-through

4 poles, D-coding
straight

Panel thickness
min. 2.1 mm
max. 4.5 mm

M12 Gender Changer
Female-Female

4 poles, D-coding
Cat. 5

Wall bracket
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D-coding
Mating face

acc. to IEC 61076-2-101

Part number Drawing

21 03 381 4401

2103 381 2401
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2103 381 6401"
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Further information and data sheets see www.HARTING.com

* UL approval is in preparation

4 wire



https://b2b.harting.com/ebusiness/EN/search/21033814401
https://b2b.harting.com/ebusiness/EN/search/21010000036
https://b2b.harting.com/ebusiness/EN/search/21033816401
https://b2b.harting.com/ebusiness/EN/search/21033812401

